
SIMPLY SMARTER DOSING
Grundfos Dosing Quick Ship Program

www.grundfos.us

The Grundfos SMART Digital Dosing range is the industry’s leader in accurate, 
reliable chemical dosing. The SMART Digital DDA and DDE models with powerful 
variable-speed stepper motors bring state-of-the art technology to perfection. 

With 84 commonly used dosing pump models kept in stock or ready to be 
assembled, the Dosing Quick Ship Program is the next step in delivering the best 
chemical dosing when you need it!

Program Scope and Benefits
• All dosing pumps in the program will be shipped in 3 or 7 business days.*

• Flow and pressure up to 99 gph and up to 232 psi.

• FCM variants available, which offers leak, cavitation and fault detection intelligence, 
with the pump acting as a systems diagnostics expert.

• Expedite is included, as well as automatic air freight if needed to hit the lead time.

*Replenishment time could be involved if orders greatly exceed stocking levels and demand planning.

84 DDA, DDE and  
DME pump models

3 or 7 day  
lead times

Place Your Dosing Quick Ship Order in Extranet



GRUNDFOS DOSING QUICK SHIP PROGRAM

Model Part 
Number Description Ctrl. 

Var. Head Gaskets V.  
Balls

Flow 
(GPH)

Pressure
(PSI)

Inst. 
Set*

97722357 DDA 7.5-16 AR-PP/E/C-F-31U7U7BG

AR

PP

EPDM Cer
2 232 no

DDA 7.5–16

97722358 DDA 7.5-16 AR-PP/E/C-F-31I003BG 2 232 yes

97722361 DDA 7.5-16 AR-PP/V/C-F-31U7U7BG
FKM Cer

2 232 no

97722362 DDA 7.5-16 AR-PP/V/C-F-31I003BG 2 232 yes

97722365 DDA 7.5-16 AR-PVC/E/C-F-31U7U7BG

PVC

EPDM Cer
2 150 no

97722366 DDA 7.5-16 AR-PVC/E/C-F-31I003BG 2 150 yes

97722369 DDA 7.5-16 AR-PVC/V/C-F-31U7U7BG
FKM Cer

2 150 no

97722370 DDA 7.5-16 AR-PVC/V/C-F-31I003BG 2 150 yes

97722373 DDA 7.5-16 AR-PVC/T/C-F-31U7U7BG
PTFE Cer

2 150 no

97722374 DDA 7.5-16 AR-PVC/T/C-F-31I003BG 2 150 yes

97722381 DDA 7.5-16 AR-PV/V/C-F-31U7U7BG

PVDF

FKM Cer
2 232 no

97722382 DDA 7.5-16 AR-PV/V/C-F-31I003BG 2 232 yes

97722385 DDA 7.5-16 AR-PV/T/C-F-31U7U7BG

PTFE Cer

2 232 no

97722386 DDA 7.5-16 AR-PV/T/C-F-31I003BG 2 232 yes

97722387 DDA 7.5-16 AR-PV/T/C-F-32U7U7BG 2 232 no

97722389 DDA 7.5-16 AR-SS/T/SS-F-31VVBG

FCM

SS PTFE SS 2 232 no

97722425 DDA 7.5-16 FCM-PP/E/C-F-31U7U7BG
PP EPDM Cer

2 232 no

97722426 DDA 7.5-16 FCM-PP/E/C-F-31I003BG 2 232 yes

97722433 DDA 7.5-16 FCM-PVC/E/C-F-31U7U7BG

PVC

EPDM Cer
2 150 no

97722434 DDA 7.5-16 FCM-PVC/E/C-F-31I003BG 2 150 yes

97722437 DDA 7.5-16 FCM-PVC/V/C-F-31U7U7BG
FKM Cer

2 150 no

97722438 DDA 7.5-16 FCM-PVC/V/C-F-31I003BG 2 150 yes

97722441 DDA 7.5-16 FCM-PVC/T/C-F-31U7U7BG
PTFE Cer

2 150 no

97722442 DDA 7.5-16 FCM-PVC/T/C-F-31I003BG 2 150 yes

97722449 DDA 7.5-16 FCM-PV/V/C-F-31U7U7BG

PVDF

FKM Cer
2 232 no

97722450 DDA 7.5-16 FCM-PV/V/C-F-31I003BG 2 232 yes

97722453 DDA 7.5-16 FCM-PV/T/C-F-31U7U7BG
PTFE Cer

2 232 no

97722454 DDA 7.5-16 FCM-PV/T/C-F-31I003BG 2 232 yes

97722457 DDA 7.5-16 FCM-SS/T/SS-F-31VVBG SS PTFE SS 2 232 no

DDA 12-10

97722487 DDA 12-10 AR-PV/T/C-F-31U7U7BG
AR PVDF PTFE Cer

3.17 150 no

97722488 DDA 12-10 AR-PV/T/C-F-31I004BG 3.17 150 yes

97722540 DDA 12-10 FCM-PVC/V/C-F-31I004BG
FCM

PVC FKM Cer 3.17 150 yes

97722555 DDA 12-10 FCM-PV/T/C-F-31U7U7BG PVDF PTFE Cer 3.17 150 no



GRUNDFOS DOSING QUICK SHIP PROGRAM

Model Part 
Number Description Ctrl. 

Var. Head Gaskets V.  
Balls

Flow 
(GPH)

Pressure
(PSI)

Inst. 
Set*

DDA 17–7

97722569 DDA 17-7 AR-PVC/E/C-F-31U7U7BG

AR

PVC

EPDM Cer
4.5 100 no

97722570 DDA 17-7 AR-PVC/E/C-F-31I004BG 4.5 100 yes

97722574 DDA 17-7 AR-PVC/V/C-F-31U7U7BG

FKM Cer

4.5 100 no

97722575 DDA 17-7 AR-PVC/V/C-F-31I004BG 4.5 100 yes

97722586 DDA 17-7 AR-PV/V/C-F-31U7U7BG

PVDF

FKM Cer 4.5

97722590 DDA 17-7 AR-PV/T/C-F-31U7U7BG

PTFE Cer

4.5 100 no

97722591 DDA 17-7 AR-PV/T/C-F-31I004BG 4.5 100 yes

97722592 DDA 17-7 AR-PV/T/C-F-32U7U7BG 4.5 100 no

97722658 DDA 17-7 FCM-PV/T/C-F-31U7U7BG

FCM

4.5 100 no

97722659 DDA 17-7 FCM-PV/T/C-F-31I004BG 4.5 100 yes

97722662 DDA 17-7 FCM-SS/T/SS-F-31VVBG
SS PTFE SS

4.5 100 no

97722659 DDA 17-7 FCM-PV/T/C-F-31I004BG 4.5 100 yes

97722662 DDA 17-7 FCM-SS/T/SS-F-31VVBG SS PTFE Cer 4.5 100 no

DDA 30–4

97722672 DDA 30-4 AR-PVC/E/C-F-31U7U7BG

AR

PVC

EPDM Cer
8 60 no

97722673 DDA 30-4 AR-PVC/E/C-F-31I004BG 8 60 yes

97722676 DDA 30-4 AR-PVC/V/C-F-31U7U7BG FKM Cer 8 60 no

97722680 DDA 30-4 AR-PVC/T/C-F-31U7U7BG PTFE Cer 8 60 no

97722688 DDA 30-4 AR-PV/V/C-F-31U7U7BG

PVDF

FKM Cer 8 60 no

97722692 DDA 30-4 AR-PV/T/C-F-31U7U7BG

PTFE Cer

8 60 no

97722693 DDA 30-4 AR-PV/T/C-F-31I004BG 8 60 yes

97722760 DDA 30-4 FCM-PV/T/C-F-31U7U7BG
FCM

8 60 no

97722760 DDA 30-4 FCM-SS/T/SS-F-31VVBG SS PTFE SS 8 60 no

DDA 60–10

99159454 DDA 60-10 AR-PVC/E/C-F-31A7A7BG

AR

PVC
EPDM Cer 15.8 60 -

99159455 DDA 60-10 AR-PVC/V/C-F-31A7A7BG FKM Cer 15.8 60 -

99159456 DDA 60-10 AR-PV/E/C-F-31A7A7BG

PVDF

EPDM Cer 15.8 60 -

99159457 DDA 60-10 AR-PV/T/C-F-31A7A7BG PTFE Cer 15.8 145 -

99159458 DDA 60-10 AR-PV/V/C-F-31A7A7BG FKM Cer 15.8 145 -

99159464 DDA 60-10 FCM-PV/T/C-F-31A7A7BG
FCM

PTFE Cer 15.8 145 -

99159467 DDA 60-10 FCM-SS/T/SS-F-31A3A3BG SS PTFE SS 15.8 145 -

DDA 120–7

99159468 DDA 120-7 AR-PVC/E/C-F-31A7A7BG

AR

PVC
EPDM Cer 32 145 -

99159469 DDA 120-7 AR-PVC/V/C-F-31A7A7BG FKM Cer 32 145 -

99159471 DDA 120-7 AR-PV/T/C-F-31A7A7BG

PVDF

PTFE Cer 32 145 -

99159472 DDA 120-7 AR-PV/V/C-F-31A7A7BG FKM Cer 32 145 -

99159478 DDA 120-7 FCM-PV/T/C-F-31A7A7BG
FCM

PTFE Cer 32 145 -

99159481 DDA 120-7 FCM-SS/T/SS-F-31A3A3BG SS PTFE SS 32 100 -

DDA 200–4

99159482 DDA 200-4 AR-PVC/E/C-F-31A7A7BG

AR

PVC
EPDM Cer 52.8 100 -

99159483 DDA 200-4 AR-PVC/V/C-F-31A7A7BG FKM Cer 52.8 100 -

99159485 DDA 200-4 AR-PV/T/C-F-31A7A7BG
PVDF

PTFE Cer 52.8 100 -

99159486 DDA 200-4 AR-PV/V/C-F-31A7A7BG FKM Cer 52.8 100 -



GRUNDFOS DOSING QUICK SHIP PROGRAM

Model Part 
Number Description Ctrl. 

Var. Head Gaskets V.  
Balls

Flow 
(GPH)

Pressure
(PSI)

Inst. 
Set*

DDE 6–10

97721052 DDE 6-10 B-PP/E/C-X-31I003BG

B

PP EPDM Cer 1.5 150 yes

97721060 DDE 6-10 B-PVC/E/C-X-31I003BG

PVC

EPDM Cer 1.5 150 yes

97721063 DDE 6-10 B-PVC/V/C-X-31U7U7BG
FKM Cer

1.5 150 no

97721064 DDE 6-10 B-PVC/V/C-X-31I003BG 1.5 150 yes

97721068 DDE 6-10 B-PVC/T/C-X-31I003BG PTFE Cer 1.5 150 yes

97721080 DDE 6-10 B-PV/T/C-X-31I003BG PVDF PTFE Cer 1.5 150 yes

97721094 DDE 6-10 P-PVC/E/C-X-31I003BG

P

PVC

EPDM Cer 1.5 150 yes

97721098 DDE 6-10 P-PVC/V/C-X-31I003BG FKM Cer 1.5 150 yes

97721102 DDE 6-10 P-PVC/T/C-X-31I003BG PTFE Cer 1.5 150 yes

97721110 DDE 6-10 P-PV/V/C-X-31I003BG
PVDF

FKM Cer 1.5 150 yes

97721114 DDE 6-10 P-PV/T/C-X-31I003BG PTFE Cer 1.5 150 yes

DDE 15–4 97721166 DDE 15-4 P-PVC/V/C-X-31I004BG PR PVC FKM Cer 4 60 yes

DME 375–10
96529118 DME 375-10 AR-PV/V/G-F-31A4A4B

AR PVDF FKM Cer
99 145 -

96529119 DME 375-10 AR-PV/V/G-S-31A4A4B 99 145 -



GRUNDFOS DOSING QUICK SHIP PROGRAM
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Grundfos Americas
Brookshire, TX 77423 
www.grundfos.us
 

Dosing Quick Ship Order Process

1. All orders must be placed on extranet.

2. The distributor account must be in good standing with Grundfos.

3. Order quantity limit should not exceed 3 Dosing Quick Ship pumps per order 

without prior approval from the Grundfos District Sales Manager.

4. Only qualifying product from the program should be on the order. No other 

items can be added.

5. Select “Ground Express Shipping” during the ordering process to ensure 
the products receive quick shipping. No expedite fees apply.


